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Item_No

Article no.: 4588 Tyre trolley

Product data sheet

Tubular steel construction, screwed together, powder

coated blue RAL 5007. 4 swivel castors, solid rubber tyres,

blue-grey "trackless", hubs with ball bearing. 2 swivel

castors with wheel locks. Upper tyre carrier adjustable in

interval of 75 mm with clamps on the face ends. Reinforced

Version, suitable for high demand, eg. for motorsports as

tyre trolley in pit lane.

Technical Details:

Total load capacity (kg) 500

Length of usable platform (mm) 1860

Width of usable platform (mm) 618

Total length (mm) 1991

Total width (mm) 671

Total height (mm) 1671

Tyres Elastic solid rubber blue grey

Wheel size (mm) 200 x 50

Note for tyre diameter 400 - 780 mm

Country of origin

Warranty (years)

Customs tariff number

GTIN

Germany

4017976164588

87168000

Weight (kg) 62
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