KNIPEX Quality — Made in Germany

Product information
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e DIN 5256 C, straight tips
. . . e Pliers body and tips: chrome vanadium steel, forged, oil-hardened
Circlip Pliers
For internal circlips in bore holes
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General
Article No. 4413 J3
EAN 4003773042952
Pliers chrome-plated
Head chrome-plated
Handles plastic coated
Weight 194 g
Dimensions 225 x40 x 5 mm
Standard DIN 5256 C
REACH compliant does not contain SVHC
RoHS compliant not applicable
Technical details
Size of bore @40 -100 mm
Tips (diameter) 2.3 mm

technical change and errors excepted
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