KNIPEX Quality — Made in Germany

Product information

98 39 08 e For metric internal hexagonal head screws
e Basic tool chrome-plated
e Special tool steel
Hexagon Socket for hexagonal socket

SCrews
With internal square 3/8"

DIN 7422 IEC 60900 DIN EN 60900

A1000V O®

General

Article No. 98 39 08

EAN 4003773020790

Weight 7149

Dimensions 75x22x22mm

Standard DIN 7422 DIN EN 60900 IEC 60900
REACH compliant does not contain SVHC

RoHS compliant not applicable

Technical details

Width across flats S 8 mm
Square drive 3/8 Inch
Length of non-insulated blade + 2 11 mm

technical change and errors excepted

KNIPEX Werk - C. Gustav Putsch KG - 42337 Wuppertal
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