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Product Information    

KL-4031-4118 - Screwdriver Bit Socket 
                 XZN-M18, 3/4" 
 

Suitable for the wheel bearing central screws found at the 

rear axle on VW Golf V, Audi A3, Seat Altea etc. 

Field of Application 
 

The KL-4031-4118 Screwdriver Bit Socket (XZN-M18, 3/4") is 

used in conjunction with a 3/4" breaker bar such as the              

KL-4007-411 for the loosening, and with a 3/4" torque wrench 

for the tightening of the wheel bearing central screw at the rear 

axle. 
 

Technical Data 

Drive: ................................................................................... ¾" 

Size (waf): ................................................................ XZN-M18 

Maximum load capacity: .............................................. 800 Nm 

 

 

 Warnings and Notes 

 Before putting the tool into operation, visually check to make 
sure that it is not damaged. 

 Any work on vehicles/axles should only be performed by 
qualified specialist personnel observing and complying with 
the directions, provisions, and safety regulations specified by 
the vehicle manufacturer!  

 Always refer to the vehicle manufacturer’s data and 
instructions as only these apply to all work that is carried out 
on the vehicle. 

 

Accessory: 
 

KL-4007-411 - Swivel Head Breaker Bar, 
                 3/4", 980 mm 

Extra long design (980 mm), with 180° swivel head. 
Ideal for loosening extremely tight/stuck screws. 

Technical Data 

Drive: ................................................................................... ¾" 

Overall length: ............................................................ 980 mm 
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Example of use: 
 

 
 
 

Accessory: KL-4007-411 
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