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Product information
(Translation of the product information)

Drawer insert BDrawer insert A

Tool trolley, 9 drawers (empty) - 2005 0810 

The tool trolley offers a very extensive and extremely robust range of metric hand tools especially for professionals. Every tool 
has its place thanks to the high-quality foam inserts. 
This makes the tool trolley the perfect, mobile workplace for fast, organized and efficient maintenance and repair, especially in 
everyday workshop work. 
With 8 fully equipped drawers and an empty large drawer at the bottom. The trolley has side walls with Euro perforations, 
central locking with a cylinder lock, wide drawers that can be pulled out fully and each drawer has a safety lock.

PRODUCT DESCRIPTION   KL-4998-400 - Workshop Trolley with Car Hand Tools

Assembly trolley specifications
• Dimensions H 985 x W 775 x D 475mm
• Total load carrying capacity: 1000kg / 

In mobile operation: 750kg
• 2 fixed castors Ø 200mm and 2 swivel castors  

Ø 125mm with total brake
• Sheet steel, corrosion-resistant, scratch-resistant 

powder-coated in GEDORE blue
• Wide drawers W 640 x D 400mm with full 

extension, loadable up to 40kg
• Lower heavy-duty drawer can be loaded up to 60kg
• Automatic drawer retraction with single pull-

out stop and central locking system 
• Side walls with Euro perforation 10 x 38mm for 

attaching hooks and tools
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Drawer insert C

Drawer insert E

Drawer insert D

Drawer insert F

Drawer insert G Drawer insert H

  Depending on the application, follow the corresponding instructions!
Depending on the tool and application, the corresponding instructions must be taken to hand, read, understood, and observed 
beforehand!
The following instructions and product information are enclosed with the assembly trolley:
KL-0114-55 - Universal Brake Calliper Hook Pair 
KL-0126-206 - Telescopic Magnetic Lifter 
KL-0127-48 - Spark Plug Socket Spanner with Joint SW 14
KL-4021-310 - Kit of screwdriver bits 3/8“ with ball head
KL-4043-100 /-200 /-300 /-400 TorxPlus® Sockets Sets

 Safety instructions and regulations!
Before using the special tool, read, understand, and observe the relevant instructions for safe use!
Use the special tool as intended and always carry out maintenance and repair work in compliance with the regulations on 
occupational safety and accident prevention as well as the vehicle manufacturer's instructions!
Before each use, check the special tool carefully for damage, loose parts, or unauthorised modifications. Never use it if you 
notice any such deficiencies!
Always wear your personal protective equipment (such as safety goggles, protective gloves, safety shoes) during work!

PRODUCT DESCRIPTION   KL-4998-400 - Workshop Trolley with Car Hand Tools
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Drawer insert A

Scope of delivery:

Item Part no. Description Qty.

1 2090-12 Extension 1/4“305mm 1

2 2090-6 Extension 1/4“148mm 1

3 2093 U-20 Reversible ratchet, 1/4“ 1

4 2090-2 Extension 1/4“55mm 1

5 2087 Transverse handle 1/4“ 1

6 2090-4 Extension 1/4“97mm 1

7 2093 U-3 T Transverse handle ratchet 1/4“ 1

8 H 42 KEL-88 Offset screwdriver set XL ball head in the 
holder, 8 pcs., 2 - 10mm 1

9 666-032-J Bit box Industry 1

10 H 43 TX-88 Offset screwdriver set in the holder, 
8 pcs., TX T9 - T40 1

11 4534-5 Steel measuring tape, 5m 1

12 2095 Cardan joint 1

13 673 K Bit holder short 1/4“ 1

14

ITX 20 T10 Screwdriver bit 1/4" TX10 1

ITX 20 T15 Screwdriver bit 1/4" TX15 1

ITX 20 T20 Screwdriver bit 1/4" TX20 1

ITX 20 T25 Screwdriver bit 1/4" TX25 1

ITX 20 T27 Screwdriver bit 1/4" TX27 1

ITX 20 T30 Screwdriver bit 1/4" TX30 1

ITX 20 T40 Screwdriver bit 1/4" TX40 1

15

TX 20 E4 Socket bit 1/4", male TX E4 1

TX 20 E5 Socket bit 1/4", male TX E5 1

TX 20 E6 Socket bit 1/4", male TX E6 1

TX 20 E7 Socket bit 1/4", male TX E7 1

TX 20 E8 Socket bit 1/4", male TX E8 1

TX 20 E10 Socket bit 1/4", male TX E10 1

16

KL-4043-1010 Socket spanner 1/4“, IP 10mm 1

KL-4043-1015 Socket spanner 1/4“, IP 15mm 1

KL-4043-1020 Socket spanner 1/4“, IP 20mm 1

KL-4043-1025 Socket spanner 1/4“, IP 25mm 1

KL-4043-1030 Socket spanner 1/4“, IP 30mm 1

17

D 20 4 Socket 1/4", UD profile, 4mm 1

D 20 5 Socket 1/4", UD profile, 5mm 1

D 20 6 Socket 1/4", UD profile, 6mm 1

D 20 7 Socket 1/4", UD profile, 7mm 1

D 20 8 Socket 1/4", UD profile, 8mm 1

D 20 9 Socket 1/4", UD profile, 9mm 1

D 20 10 Socket 1/4", UD profile, 10mm 1

D 20 11 Socket 1/4", UD profile, 11mm 1

D 20 12 Socket 1/4", UD profile, 12mm 1

D 20 13 Socket 1/4", UD profile, 13mm 1

18
20 L 4 Socket 1/4", long, hexagonal, 4mm 1

20 L 5 Socket 1/4", long, hexagonal, 5mm 1

Item Part no. Description Qty.

18

20 L 6 Socket 1/4", long, hexagonal, 6mm 1

20 L 7 Socket 1/4", long, hexagonal, 7mm 1

20 L 8 Socket 1/4", long, hexagonal, 8mm 1

20 L 9 Socket 1/4", long, hexagonal, 9mm 1

20 L 10 Socket 1/4", long, hexagonal, 10mm 1

20 L 11 Socket 1/4", long, hexagonal, 11mm 1

20 L 12 Socket 1/4", long, hexagonal, 12mm 1

20 L 13 Socket 1/4", long, hexagonal, 13mm 1

19

IN 20 3 Screwdriver bit 1/4", female hexagonal, 3mm 1

IN 20 4 Screwdriver bit 1/4", female hexagonal, 4mm 1

IN 20 5 Screwdriver bit 1/4", female hexagonal, 5mm 1

IN 20 6 Screwdriver bit 1/4", female hexagonal, 6mm 1

IN 20 8 Screwdriver bit 1/4", female hexagonal, 8mm 1

20 620 Bit adapter 1/4“ hexagonal -1/4“ square 1

21
IS 20 5,5x1 Screwdriver bit 1/4", slotted 5.5x1mm 1

IS 20 6,5x1,2 Screwdriver bit 1/4", slotted 6.5x1.2mm 1

22

IKS 20 1 Screwdriver bit 1/4", cross slotted PH1 1

IKS 20 2 Screwdriver bit 1/4", cross slotted PH2 1

IKS 20 3 Screwdriver bit 1/4", cross slotted PH3 1

23

KL-4043-1106 Socket 1/4", EP 6mm 1

KL-4043-1107 Socket 1/4", EP 7mm 1

KL-4043-1108 Socket 1/4", EP 8mm 1

KL-4043-1110 Socket 1/4", EP 10mm 1

KL-4043-1111 Socket 1/4", EP 11mm 1

KL-4043-1112 Socket 1/4", EP 12mm 1

24 8000 J 2 Circlip pliers for internal retaining rings, 
straight, 12 - 25mm 1

25 8000 J 21 Circlip pliers for internal retaining rings, bent, 
19 - 60mm 1

26 8000 A 2 Circlip pliers for external retaining rings, 
straight, 19 - 60mm 1

27 8000 A 21 Circlip pliers for external retaining rings, bent, 
19 - 60mm 1

28 2675 SilentGEAR ratchet screwdriver,  
1/4” bit holder 1

29 142 10 TL Universal pliers 10“, 15-way adjustable 1

30 8132 AB-160 JC Round nose pliers 1

31 8314-180 JC Diagonal cutter 1

32 8133-180 JC Multiple pliers 1

33 8250-180 JC Power combination pliers 1

34 137 7-11 Grip wrench 11mm 1

35 KL-0126-206  Telescopic magnetic lifter 1

KL-4998-4090-1 - Foam insert for drawer
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Scope of delivery:

Item Part no. Description Qty.

1 KL-4021-3107 A Screwdriver bit 3/8“ with ball head, SW 7mm 1

2 KL-4021-3109 A Screwdriver bit 3/8“ with ball head, SW 9mm 1

3 KL-4021-3111 A Screwdriver bit 3/8“ with ball head, SW 11mm 1

4 INX 30 L 10 Screwdriver bit 3/8” long, XZN M10 1

5 INX 30 L 8 Screwdriver bit 3/8” long, XZN M8 1

6 INX 30 L 6 Screwdriver bit 3/8” long, XZN M6 1

7 IN 30 L 4 Screwdriver bit 3/8” long hexagonal, 4mm 1

8 IN 30 L 5 Screwdriver bit 3/8” long hexagonal, 5mm 1

9 IN 30 L 6 Screwdriver bit 3/8” long hexagonal, 6mm 1

10 IN 30 L 7 Screwdriver bit 3/8” long hexagonal, 7mm 1

11 IN 30 L 8 Screwdriver bit 3/8” long hexagonal, 8mm 1

12 IN 30 L 10 Screwdriver bit 3/8” long hexagonal, 10mm 1

13 ITX 30 L T50 Screwdriver bit 3/8” long female - TX, T50 1

14 ITX 30 L T45 Screwdriver bit 3/8” long female - TX, T45 1

15 ITX 30 L T40 Screwdriver bit 3/8” long female - TX, T40 1

16 ITX 30 L T30 Screwdriver bit 3/8” long female - TX, T30 1

17 ITX 30 L T27 Screwdriver bit 3/8” long female - TX, T27 1

18 ITX 30 L T25 Screwdriver bit 3/8” long female - TX, T25 1

19 ITX 30 L T20 Screwdriver bit 3/8” long female - TX, T20 1

20 D 30 L 10 Socket 3/8” long UD profile, 10mm 1

21 D 30 L 11 Socket 3/8” long UD profile, 11mm 1

22 D 30 L 12 Socket 3/8” long UD profile, 12mm 1

23 D 30 L 13 Socket 3/8” long UD profile, 13mm 1

24 D 30 L 14 Socket 3/8” long UD profile, 14mm 1

25 D 30 L 15 Socket 3/8” long UD profile, 15mm 1

26 D 30 L 16 Socket 3/8” long UD profile, 16mm 1

27 D 30 L 17 Socket 3/8” long UD profile, 17mm 1

28 D 30 L 18 Socket 3/8” long UD profile, 18mm 1

29 D 30 L 19 Socket 3/8” long UD profile, 19mm 1

30 4612 Voltage tester 6 - 48 Volt AC/DC 1

31 711 Digital calliper gauge 1

32 702 20 M Feeler gauge set 0.05 - 1.00mm 1

33 3095 Cardan joint, 3/8“ 1

34

30 6 Socket 3/8” hexagonal, 6mm 1

30 7 Socket 3/8” hexagonal, 7mm 1

30 8 Socket 3/8” hexagonal, 8mm 1

30 9 Socket 3/8” hexagonal, 9mm 1

30 10 Socket 3/8” hexagonal, 10mm 1

30 11 Socket 3/8” hexagonal, 11mm 1

30 12 Socket 3/8” hexagonal, 12mm 1

30 13 Socket 3/8” hexagonal, 13mm 1

30 14 Socket 3/8” hexagonal, 14mm 1

30 15 Socket 3/8” hexagonal, 15mm 1

30 16 Socket 3/8” hexagonal, 16mm 1

30 17 Socket 3/8” hexagonal, 17mm 1

30 18 Socket 3/8” hexagonal, 18mm 1

30 19 Socket 3/8” hexagonal, 19mm 1

35 TX 30 T20 Screwdriver bit 3/8” female - TX, T20 1

Item Part no. Description Qty.

35

ITX 30 T25 Screwdriver bit 3/8” female - TX, T25 1

ITX 30 T27 Screwdriver bit 3/8” female - TX, T27 1

ITX 30 T30 Screwdriver bit 3/8” female - TX, T30 1

ITX 30 T40 Screwdriver bit 3/8” female - TX, T40 1

ITX 30 T45 Screwdriver bit 3/8” female - TX, T45 1

ITX 30 T50 Screwdriver bit 3/8” female - TX, T50 1

36

IN 30 4 Screwdriver bit 3/8” female hexagonal, 4mm 1

IN 30 5 Screwdriver bit 3/8” female hexagonal, 5mm 1

IN 30 6 Screwdriver bit 3/8” female hexagonal, 6mm 1

IN 30 7 Screwdriver bit 3/8” female hexagonal, 7mm 1

IN 30 8 Screwdriver bit 3/8” female hexagonal, 8mm 1

IN 30 10 Screwdriver bit 3/8” female hexagonal, 10mm 1

37 3019 Enlarging adapter 3/8“ to 1/2“ 1

38 3020 Reducer 3/8“ to 1/4“ 1

39

TX 30 E6 Socket bit 3/8" male - TX E6 1

TX 30 E7 Socket bit 3/8" male - TX E7 1

TX 30 E8 Socket bit 3/8" male - TX E8 1

TX 30 E10 Socket bit 3/8" male - TX E10 1

TX 30 E11 Socket bit 3/8" male - TX E11 1

TX 30 E12 Socket bit 3/8" male - TX E12 1

TX 30 E14 Socket bit 3/8" male - TX E14 1

40

INX 30 5 Screwdriver bit 3/8" XZN M5 1

INX 30 6 Screwdriver bit 3/8" XZN M6 1

INX 30 8 Screwdriver bit 3/8" XZN M8 1

INX 30 10 Screwdriver bit 3/8" XZN M10 1

41

KL-4043-2040  Socket spanner 3/8“, IP 40mm 1

KL-4043-2045 Socket spanner 3/8“, IP 45mm 1

KL-4043-2050 Socket spanner 3/8“, IP 50mm 1

KL-4043-2055 Socket spanner 3/8“, IP 55mm 1

KL-4043-2060 Socket spanner 3/8“, IP 60mm 1

42

KL-4043-2110 Socket spanner 3/8“, EP 10mm 1

KL-4043-2112 Socket spanner 3/8“, EP 12mm 1

KL-4043-2114 Socket spanner 3/8“, EP 14mm 1

KL-4043-2116 Socket spanner 3/8“, EP 16mm 1

KL-4043-2118 Socket spanner 3/8“, EP 18mm 1

KL-4043-2120 Socket spanner 3/8“, EP 20mm 1

43 56 Spark plug socket with holding spring 3/8“, 18mm 1

44 53 Spark plug socket with holding spring 3/8“, 16mm 1

45 KL-0127-48 Spark plug socket spanner with joint SW14 1

46 3090-5 VDE extension 3/8“, 125mm 1

47 3090-10 VDE extension 3/8“, 250mm 1

48 3090-12 VDE extension 3/8“, 305mm 1

49 3090 M Extension 3/8" for holding magnet 1

50 3093 U-20 Reversing ratchet 3/8“, 2K handle, 200mm 1

51 3093 GU-3 Joint reversible ratchet 3/8“ 1

52 3549-05 UK TORCOFLEX UK torque spanner, 10-50Nm 1

KL-4998-4090-2 - Foam Insert for Drawer

Drawer insert B
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Drawer insert C

Scope of delivery:

Item Part no. Description Qty.

1 3550-20 UK TORCOFLEX UK torque spanner 1/2“,  
40-200Nm 1

2 1993 TU-10 Telescopic reversible ratchet, 1/2“ 1

3 1987 Transverse handle 1/2“ 1

4

INX 19 5 Screwdriver bit 1/2" XZN M5, 1

INX 19 6 Screwdriver bit 1/2" XZN M6, 1

INX 19 8 Screwdriver bit 1/2" XZN M8, 1

INX 19 10 Screwdriver bit 1/2" XZN M10, 1

INX 19 12 Screwdriver bit 1/2" XZN M12, 1

INX 19 14 Screwdriver bit 1/2" XZN M14, 1

INX 19 16 Screwdriver bit 1/2" XZN M16, 1

5

ITX 19 T27 Screwdriver bit 1/2" TX T27, 1

ITX 19 T30 Screwdriver bit 1/2", TX T30 1

ITX 19 T40 Screwdriver bit 1/2" TX T40, 1

ITX 19 T45 Screwdriver bit 1/2" TX T45, 1

ITX 19 T50 Screwdriver bit 1/2" TX T50, 1

ITX 19 T55 Screwdriver bit 1/2" TX T55, 1

ITX 19 T60 Screwdriver bit 1/2" TX T60, 1

6

KL-4043-3122 Socket spanner 1/2“, EP 22mm 1

KL-4043-3124 Socket spanner 1/2“, EP 24mm 1

KL-4043-3126 Socket spanner 1/2“, EP 26mm 1

KL-4043-3128 Socket spanner 1/2“, EP 28mm 1

KL-4043-3130 Socket spanner 1/2“, EP 30mm 1

KL-4043-3132 Socket spanner 1/2“, EP 32mm 1

7

TX 19 E10 Socket bit 1/2", male TX E10 4

TX 19 E11 Socket bit 1/2", male TX E11 1

TX 19 E12 Socket bit 1/2", male TX E12 1

TX 19 E14 Socket bit 1/2", male TX E14 1

TX 19 E16 Socket bit 1/2", male TX E16 1

TX 19 E18 Socket bit 1/2", male TX E18 2

TX 19 E20 Socket bit 1/2", male TX E20 1

TX 19 E24 Socket bit 1/2", male TX E24 2

8

19 8 Socket 1/2", hexagonal, 8mm 2

19 9 Socket 1/2", hexagonal, 9mm 1

19 10 Socket 1/2", hexagonal, 10mm 1

19 11 Socket 1/2", hexagonal, 11mm 1

19 12 Socket 1/2", hexagonal, 12mm 1

Item Part no. Description Qty.

8

19 13 Socket 1/2", hexagonal, 13mm 1

19 14 Socket 1/2", hexagonal, 14mm 1

19 15 Socket 1/2", hexagonal, 15mm 1

19 16 Socket 1/2", hexagonal, 16mm 1

19 17 Socket 1/2", hexagonal, 17mm 1

19 18 Socket 1/2", hexagonal, 18mm 1

19 19 Socket 1/2", hexagonal, 19mm 1

19 20 Socket 1/2", hexagonal, 20mm 1

19 21 Socket 1/2", hexagonal, 21mm 1

19 22 Socket 1/2", hexagonal, 22mm 1

19 23 Socket 1/2", hexagonal, 23mm 1

19 24 Socket 1/2", hexagonal, 24mm 1

19 26 Socket 1/2", hexagonal, 26mm 1

19 27 Socket 1/2", hexagonal, 27mm 1

19 28 Socket 1/2", hexagonal, 28mm 1

19 30 Socket 1/2", hexagonal, 30mm 1

19 32 Socket 1/2", hexagonal, 32mm 1

9

IN 19 5 Screwdriver bit 1/2",  
female hexagonal 5mm 1

IN 19 6 Screwdriver bit 1/2",  
female hexagonal 6mm 1

IN 19 7 Screwdriver bit 1/2",  
female hexagonal 7mm 1

IN 19 8 Screwdriver bit 1/2",  
female hexagonal 8mm 1

IN 19 9 Screwdriver bit 1/2",  
female hexagonal 9mm 1

IN 19 10 Screwdriver bit 1/2",  
female hexagonal 10mm 1

IN 19 12 Screwdriver bit 1/2",  
female hexagonal 12mm 1

IN 19 14 Screwdriver bit 1/2",  
female hexagonal 14mm 1

IN 19 17 Screwdriver bit 1/2",  
female hexagonal 17mm 1

10 1930 Reducer 1/2“ to 3/8“ 1

11 1995 Cardan joint, 1/2“ 1

12 1990 M Extension 1/2" for holding magnet 1

13 1990-5 VDE extension 1/2“, 125mm 1

14 1990-10 VDE extension 1/2“, 250mm 1

15 1993 U-20 Reversible ratchet, 1/2“ 1

KL-4998-4090-3 - Foam Insert for Drawer 
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Drawer insert D

Scope of delivery:

Item Part no. Description Qty.

1 2160SK PH 1 3C screwdriver with impact cap, cross slotted PH1 1

2 2160SK PH 2 3C screwdriver with impact cap, cross slotted PH2 1

3 2160SK PH 3 3C screwdriver with impact cap, cross slotted PH3 1

4 2160SK PH 4 3C screwdriver with impact cap, cross slotted PH4 1

5 2154SK 4.5 3C screwdriver with impact cap, slotted 4.5mm 1

6 2154SK 5.5 3C screwdriver with impact cap, slotted 5.5mm 1

7 2154SK 6.5 3C screwdriver with impact cap, slotted 6.5mm 1

8 2154SK 8 3C screwdriver with impact cap, slotted 8mm 1

9 2163 TXB T40 3C screwdriver female - TX, with pin T40 1

10 2163 TXB T30 3C screwdriver female - TX, with pin T30 1

11 2163 TXB T27 3C screwdriver female - TX, with pin T27 1

12 2163 TXB T25 3C screwdriver female - TX, with pin T25 1

13 2163 TXB T10 3C screwdriver female - TX, with pin T10 1

14 2163 TXB T15 3C screwdriver female - TX, with pin T15 1

15 2163 TXB T20 3C screwdriver female - TX, with pin T20 1

16 2133 10 Socket spanner with 3C handle, hexagonal, 10mm 1

17 2133 9 Socket spanner with 3C handle, hexagonal, 9mm 1

18 2133 8 Socket spanner with 3C handle, hexagonal, 8mm 1

19 2133 7 Socket spanner with 3C handle, hexagonal, 7mm 1

20 2133 6 Socket spanner with 3C handle, hexagonal, 6mm 1

21 2163 K 3 3C screwdriver female ball head, female hexagonal 3mm 1

22 2163 K 4 3C screwdriver female ball head, female hexagonal 4mm 1

23 2163 K 5 3C screwdriver female ball head, female hexagonal 5mm 1

24 2163 K 6 3C screwdriver female ball head, female hexagonal 6mm 1

25 2163 K 8 3C screwdriver female ball head, female hexagonal 8mm 1

26 2161 PH 1 Screwdriver, cross slotted PH1, 75mm 1

27 2153 5.5 Screwdriver, short form, slotted, 5.5mm 1

28 KL-0114-55 Universal brake calliper hook pair (shapeable/flexible) 1

KL-4998-4090-4 - Foam insert for drawer
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Drawer insert E

Scope of delivery:

Item Part no. Description Qty.

1 8725 2-10 Half-rounded workshop file 10", 250x25mm 1

2 8701 2-10 Flat-blunt workshop file 10", 250x25mm 1

3 8722 2-10 Round workshop file 10", 250x10mm 1

4 8726 Brake calliper file 1

5 141-300 Pry bar with PVC handle, 300mm 1

6 600 E-1500 ROTBAND-PLUS sledgehammer with ash handle, 1500g 1

7 133 K Gasket scraper 1

8 600 E-400 ROTBAND-PLUS sledgehammer with ash handle, 400g 1

9 248 H-30 Non-rebound soft-faced hammer Ø 30mm 1

10 141-390 Pry bar with PVC handle, 390mm 1

11 96-150 Cross chisel, flat oval, 150x17x11mm 1

12 97-200 Flat chisel octagonal, 200x22mm 1

13 97-150 Flat chisel octagonal, 150x16mm 1

14 97-125 Flat chisel octagonal, 125x10mm 1

15 R93500025 Twist drill set Ø 1-13mm 0.5 pitch, 25 pcs. 1

16 100-10 Centre punch 120x10x4mm 1

17 99 10-2 Drill punch octagonal 120x10x2mm 1

18 99 10-3 Drill punch octagonal 120x10x3mm 1

19 99 10-4 Drill punch octagonal 120x10x4mm 1

20 119-3 Pin punch 3mm 1

21 119-4 Pin punch 4mm 1

22 119-5 Pin punch 5mm 1

23 119-6 Pin punch 6mm 1
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Drawer insert F

Scope of delivery:

Item Part no. Description Qty.

1 1 B 32 Combination spanner, UD profile, 32mm 1

2 1 B 30 Combination spanner, UD profile, 30mm 1

3 1 B 28 Combination spanner, UD profile, 28mm 1

4 1 B 27 Combination spanner, UD profile, 27mm 1

5 1 B 24 Combination spanner, UD profile, 24mm 1

6 1 B 22 Combination spanner, UD profile, 22mm 1

7 1 B 21 Combination spanner, UD profile, 21mm 1

8 1 B 20 Combination spanner, UD profile, 20mm 1

9 1 B 19 Combination spanner, UD profile, 19mm 1

10 1 B 18 Combination spanner, UD profile, 18mm 1

11 1 B 17 Combination spanner, UD profile, 17mm 1

12 1 B 16 Combination spanner, UD profile, 16mm 1

13 1 B 15 Combination spanner, UD profile, 15mm 1

14 1 B 14 Combination spanner, UD profile, 14mm 1

15 1 B 13 Combination spanner, UD profile, 13mm 1

16 1 B 12 Combination spanner, UD profile, 12mm 1

17 1 B 11 Combination spanner, UD profile, 11mm 1

18 1 B 10 Combination spanner, UD profile, 10mm 1

19 1 B 9 Combination spanner, UD profile, 9mm 1

20 1 B 8 Combination spanner, UD profile, 8mm 1

21 1 B 7 Combination spanner, UD profile, 7mm 1

22 1 B 6 Combination spanner, UD profile, 6mm 1

23 643 Brake calliper brush 1

24 139 Special locking pliers 10“ 1

KL-4998-4090-6 - Foam Insert for Drawer
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Drawer insert G

Scope of delivery:

Item Part no. Description Qty.

1 2 22x24 Double ring spanner, UD profile, 22x24mm 1

2 2 18x19 Double ring spanner, UD profile, 18x19mm 1

3 2 16x17 Double ring spanner, UD profile, 16x17mm 1

4 2 14x15 Double ring spanner, UD profile, 14x15mm 1

5 2 12x13 Double ring spanner, UD profile, 12x13mm 1

6 2 10x11 Double ring spanner, UD profile, 10x11mm 1

7 2 8x9 Double ring spanner, UD profile, 8x9mm 1

8 2 6x7 Double ring spanner, UD profile, 6x7mm 1

9 TX 4 E20xE24 Double ring spanner male - TX E20xE24 1

10 TX 4 E14xE18 Double ring spanner male - TX E14xE18 1

11 TX 4 E10xE12 Double ring spanner male - TX E10xE12 1

12 TX 4 E6xE8 Double ring spanner male - TX E6xE8 1

13 304 11x13 Starter block spanner, 11x13mm 1

14 304 14x16 Starter block spanner, 14x16mm 1

15 304 15x17 Starter block spanner, 15x17mm 1

16 400 8x10 Double ring spanner open, hexagonal 8x10mm 1

17 400 11x13 Double ring spanner open, hexagonal 11x13mm 1

18 400 12x14 Double ring spanner open, hexagonal 12x14mm 1

19 400 17x19 Double ring spanner open, UD profile 17x19mm 1

20 7 R 8 Open-ended spanner with ring ratchet, UD profile 8mm 1

21 7 R 9 Open-ended spanner with ring ratchet, UD profile 9mm 1

22 7 R 10 Open-ended spanner with ring ratchet, UD profile 10mm 1

23 7 R 11 Open-ended spanner with ring ratchet, UD profile 11mm 1

24 7 R 12 Open-ended spanner with ring ratchet, UD profile 12mm 1

25 7 R 13 Open-ended spanner with ring ratchet, UD profile 13mm 1

26 7 R 14 Open-ended spanner with ring ratchet, UD profile 14mm 1

27 7 R 15 Open-ended spanner with ring ratchet, UD profile 15mm 1

28 7 R 16 Open-ended spanner with ring ratchet, UD profile 16mm 1

29 7 R 17 Open-ended spanner with ring ratchet, UD profile 17mm 1

30 7 R 18 Open-ended spanner with ring ratchet, UD profile 18mm 1

31 7 R 19 Open-ended spanner with ring ratchet, UD profile 19mm 1
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Drawer insert H

Scope of delivery:

Item Part no. Description Qty.

1 D 19 L 10 Socket 1/2”, long,  
UD profile, 10mm 1

2 D 19 L 12 Socket 1/2”, long,  
UD profile, 12mm 1

3 D 19 L 13 Socket 1/2”, long,  
UD profile, 13mm 1

4 D 19 L 14 Socket 1/2”, long,  
UD profile, 14mm 1

5 D 19 L 15 Socket 1/2”, long,  
UD profile, 15mm 1

6 D 19 L 16 Socket 1/2”, long,  
UD profile, 16mm 1

7 D 19 L 17 Socket 1/2”, long,  
UD profile, 17mm 1

8 D 19 L 18 Socket 1/2”, long,  
UD profile, 18mm 1

9 D 19 L 19 Socket 1/2”, long,  
UD profile, 19mm 1

10 D 19 L 21 Socket 1/2”, long,  
UD profile, 21mm 1

11 D 19 L 22 Socket 1/2”, long,  
UD profile, 22mm 1

12 D 19 L 24 Socket 1/2”, long,  
UD profile, 24mm 1

13 D 19 L 27 Socket 1/2”, long,  
UD profile, 27mm 1

14 D 19 L 30 Socket 1/2”, long,  
UD profile, 30mm 1

15 D 19 L 32 Socket 1/2”, long,  
UD profile, 10mm 1

16 K 19 L 13 Power screwdriver bit 1/2“, long 
hexagonal 13mm 1

17 K 19 L 14 Power screwdriver bit 1/2“, long 
hexagonal 14mm 1

18 K 19 L 16 Power screwdriver bit 1/2“, long 
hexagonal 16mm 1

19 K 19 L 17 Power screwdriver bit 1/2“, long 
hexagonal 17mm 1

20 K 19 L 18 Power screwdriver bit 1/2“, long 
hexagonal 18mm 1

21 K 19 L 19 Power screwdriver bit 1/2“, long 
hexagonal 19mm 1

22 K 19 L 21 Power screwdriver bit 1/2“, long 
hexagonal 21mm 1

23 K 19 L 22 Power screwdriver bit 1/2“, long 
hexagonal 22mm 1

24 K 19 L 23 Power screwdriver bit 1/2“, long 
hexagonal 23mm 1

Item Part no. Description Qty.

25 K 19 L 24 Power screwdriver bit 1/2“, long 
hexagonal 24mm 1

26 K 19 L 27 Power screwdriver bit 1/2“, long 
hexagonal 27mm 1

27 IN 19 L 14-140 Screwdriver bit 1/2“, 
140 mm female hexagonal 14mm 1

28 IN 19 L 12-140 Screwdriver bit 1/2“,  
140 mm female hexagonal 12mm 1

29 IN 19 L 10-140 Screwdriver bit 1/2“,  
140 mm female hexagonal 10mm 1

30 IN 19 L 9-140 Screwdriver bit 1/2“,  
140 mm female hexagonal 9mm 1

31 IN 19 L 8-140 Screwdriver bit 1/2“,  
140 mm female hexagonal 8mm 1

32 IN 19 L 7-140 Screwdriver bit 1/2“,  
140 mm female hexagonal 7mm 1

33 IN 19 L 6-140 IScrewdriver bit 1/2“, 
140 mm female hexagonal 6mm 1

34 IN 19 L 5-90 Screwdriver bit 1/2“,  
90 mm female hexagonal 5mm 1

35 ITX 19 L T60-100 Screwdriver bit 1/2“, 
long, TX T60 1

36 ITX 19 L T55-100 Screwdriver bit 1/2“,  
long, TX T55 1

37 ITX 19 L T50-100 Screwdriver bit 1/2“,  
long, TX T50 1

38 ITX 19 L T45-100 Screwdriver bit 1/2“,  
long, TX T45 1

39 ITX 19 L T40-100 Screwdriver bit 1/2“,  
long, TX T40 1

40 ITX 19 L T30-100 Screwdriver bit 1/2“,  
long, TX T30 1

41 ITX 19 L T27-100 Screwdriver bit 1/2“,  
long, TX T27 1

42 KL-4901-10 Universal combination shears 1

43 0063-08 Stripping knife 200mm 1

44 K 19 LS 17 Power screwdriver 1/2“ 
with protective sleeve, 17mm 1

45 K 19 LS 19 Power screwdriver 1/2“  
with protective sleeve, 19mm 1

46 K 19 LS 21 Power screwdriver 1/2“  
with protective sleeve, 21mm 1

47 K 19 LS 22 Power screwdriver 1/2“  
with protective sleeve, 22mm 1

KL-4998-4090-8 - Foam Insert for Drawer
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