
Data sheet

TextFlow 12

Sheet material rack, Type: 5

Order data

Order number 992101 5

GTIN 4062406095802

Item class 91W

Description

Version:
Base frame 1560×600 mm with galvanised base plate.
Easy-running galvanised support roller (⌀ 60 mm) for easy deposit and retrieval.
Plug-in frames 400 mm and 800 mm high of square hollow section 30×30 mm.
With insertion stop of steel plate 30 mm high.
Application:
For upright storage of sheets of metal, wood, plastic etc.
Colour:
Base frame RAL 7035 light grey, plug-in frames RAL 7016 anthracite powder−coated.
Note:
Supplied for self-assembly, saving freight costs. Delivered unassembled.

Technical description

Hoop width 1485 mm

Number of hoops height 800 mm 3

Height 880 mm

Width 1560 mm
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Load capacity per compartment 200 kg

Number of hoops height 400 mm 3

Support roller ⌀ 60 mm

Usable depth of compartment 65.6 mm

Depth 600 mm

Number of compartments 5

Colour selection
RAL 9002, 7035, 7005, 7016, 6011,

5018, 5012, 5011, 5005, 3003

Type of product Sheet racks
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