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Column frame, Drawers 24G deep, Height: 2500mm

Order data

Order number 935025 2500

GTIN 4062406107451

Item class 9GK

Description

Version:
Sheet metal with bracing, securely welded. The perpendicular support rails have slots at 25 :
25 mm intervals, for fitting drawers, pull−out shelves and storage shelves. Base flange with
threaded inserts for height adjustment and for anchoring to the floor.
Colour:
RAL 7035 light grey powder coated.
Note:
Because of the risk of tipping over, anchoring to the floor is essential.

Technical description

Frame width 53 mm

Height 2500 mm

Application range Drawer/shelf combination unit

Material thickness 1.2 mm

Height adjustment interval 25 mm
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Colour selection
RAL 9002, 7035, 7005, 7016, 6011,

5018, 5012, 5011, 5005, 3003

Product name attribute Drawers 24G deep

Depth 680 mm

Type of product Column frame
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