Data sheet /b Hoffmann Group

ZeroClamp base plate, Type: 25440
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Order data

Order number 360012 25440
GTIN 4045197722720
[tem class 310
Description

Version:

All bores for T-slot pitches of 63, 100, 125 mm.
Centre bore @ 25 H7 to receive a centring set.
Application:

For vertical/horizontal machines.

Material:

Base plate of high-tensile aluminium, surface treated.
All components of the clamping pot of stainless or corrosion-resistant steel.
Optional extras:

Clamping stud No. 360025,

Connection block No. 360017 size 12808 / 12805.
Clamping pot &: 138 mm

Number of clamping pots: 8

Width B: 796 mm

Length A:396 mm

Height H: 54 mm

Pitch S: 200 mm

Technical description

Clamping pot @ 138 mm
Pitch S 200 mm
Type 25440

Width B 796 mm

© Hoffmann GmbH Qualitdtswerkzeuge 24.02.2021 22:53 1/3



Data sheet /b Hoffmann Group

Number of clamping pots 8

Height H 54 mm

Length A 396 mm

Series ZeroClamp

Type of product Zero-point clamping system
Accessories

ZeroClamp connection block Type 12808

ZeroClamp clamping stud with internal thread Type
18M16

ZeroClamp clamping stud with internal thread Type
12M10/190

ZeroClamp clamping stud with internal thread Type
30M24/190

ZeroClamp clamping stud with internal thread Type
18M16/138

ZeroClamp clamping stud with internal thread Type
18M12/138

ZeroClamp clamping stud with internal thread Type 16M8

ZeroClamp clamping stud with internal thread Type
18M16/190

ZeroClamp connection block Type 12805

ZeroClamp clamping stud with internal thread Type
25M10

ZeroClamp clamping stud with internal thread Type
16M10

ZeroClamp clamping stud with internal thread Type
14M12/90

ZeroClamp clamping stud with internal thread Type
25M10/138

ZeroClamp cover plate for base plate Type 25442

360017 12808

360025 18M16

360025 12M10/190

360025 30M24/190

360025 18M16/138

360025 18M12/138

360025 16M8

360025 18M16/190

360017 12805

360025 25M10

360025 16M10

360025 14M12/90

360025 25M10/138

360013 25442
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ZeroClamp clamping stud with internal thread Type
18M12

ZeroClamp clamping stud with internal thread Type
12M10/138

ZeroClamp clamping stud with internal thread Type
12M10

ZeroClamp clamping stud with internal thread Type
12M10/90

ZeroClamp clamping stud with internal thread Type
25M16/138

360025 18M12

360025 12M10/138

360025 12M10

360025 12M10/90

360025 25M16/138
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