
Data sheet

TextFlow 12

Desk mounted corner panel of sheet steel, Type: 1000

Order data

Order number 928725 1000

GTIN 4062406117696

Item class 91P

Description

Version:
Of sheet steel with □ 9×9 mm on a 37 mm grid for mounting hooks and holders. Top edge with 8
pressed holes 6 mm for inserting tools such as screwdrivers.
Suitable for :
Worktops from No. 926001.
Colour:
RAL 7035 light grey powder coated.
Colour selection: RAL 9002, 7035, 7005, 7016, 6011, 5018, 5012, 5011, 5005, 3003
Height: 248 mm
Height above the worktop: 210 mm
Width: 1000 mm
Depth: 1000 mm

Technical description

Height above the worktop 210 mm

Number of punched holes in upper edge for insertion of
tools such as screwdrivers

8

Punched hole ⌀ in upper edge 6 mm

Colour RAL 7035 light grey powder-coated

Width 1000 mm

Depth 1000 mm

Material Sheet steel
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Height 248 mm

Material thickness 1 mm

Hoffmann perforated panel grid interval 9×9 mm

Colour selection
RAL 9002, 7035, 7005, 7016, 6011,

5018, 5012, 5011, 5005, 3003

Type of product Accessories for workbench top
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