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T-piece inner/inner/inner, Power supply: 1/2in

Order data

Order number 080035 1/2
GTIN 4047322647199
[tem class 08A
Description

Version:

T-piece, inner/inner/inner, G 1/2, 21 AF, operating pressure max. 60 bar, operating temperature
max. 150 °C, bright finish brass

Technical description

%) 15 mm
Manufacturer's designation 254.39
maximum operating pressure 60 bar
Connection internal thread 1/2in
Material Brass
Type of product Coupling
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