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Garant crio

Sheet metal cover top with raised edge on 3 sides, Dimension in G: 24X24

Order data

Order number 051970 24X24
GTIN 4062406158835
[tem class 9GK
Description

Version:

Cover tops with ribbed rubber mat / ribbed rubber covers, suitable for tool cabinets and
cabinets.

Sheet metal cover top with anti-roll lip on 3 sides, black, including ribbed rubber mat. Anti-roll lip
height 25 mm.

Standard:

REACH-Vorschriften werden erfiillt.

Width: 600 mm

Depth: 600 mm

Width in G: 24

Depthin G: 24

Height of anti-roll lip: 25 mm

Ribbed rubber thickness: 3 mm

Technical description

Width 600 mm
Ribbed rubber thickness 3 mm
Depth 600 mm
Depthin G 24
Width in G 24
Height of anti-roll lip 25 mm
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Application range Tool cabinet

Type of product Cover plate
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