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Garant crio

ESD storage shelf of sheet metal, suitable for type: 1000

Y —

Order data

Order number 972062 1000
GTIN 4062406167127
[tem class 9GW
Description

Version:

Made of sturdy sheet metal. Adjustable in the workstation trolley at 100 mm intervals, can be
inclined at 20°.

Colour:

Light grey similar to RAL 7035 ESD powder-coated.

Note:

All plastic components (e.g. covering caps) and handles are not ESD conductive.
electrical insulation: EGB/ESD

Height: 100 mm

Usable width: 920 mm

Usable depth: 610 mm

Weight: 9 kg

Technical description

Weight 9kg
Usable depth 610 mm
Usable width 920 mm
Height 100 mm
Storage shelf version with anti-roll lip
Material thickness 1T mm

Shelf load capacity / maximum distributed shelf load (on

metal) 20l
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electrostatic characteristic EGB/ESD

Type of product Storage shelf
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