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TextFlow 12

PNEA 1106XN TN-T01020 Ceramic, KS6050, Type: GG

Order data

Order number 223332 GG

GTIN 4960664742653

Item class 25G

Description

Version:
10-edge pentagonal indexable inserts for stable and economical machining.
Note:
Standard application values for ae = 0.3×D.
Plane edge: 1.5 mm
Feed fz per tooth: 0.1 mm

Technical description

Feed fz per tooth 0.1 mm

Type GG

Number of changes/inserts 10

ISO code indexable insert PNEA 1106XN TN-T01020

Grade KS6050

Tool material Stainless steel

Plane edge 1.5 mm
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Type of product Indexable insert for milling

User data

Suitability Vc ISO code

GG(G) suitable 750 m/min K 

dry suitable   

Air suitable   
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