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Telescopic spirit level 80T, Length: 800 mm

Order data

Order number 467425 800

GTIN 4005069188801

Item class 46M

Description

Version:
High-quality telescopic system for extending the measuring face – the spirit level can be pulled
out flexibly to the required length. Marking edge over the entire length – measure and mark
in one operation, even in the extended condition. Printed-on metric scale for determination of
internal dimensions and free clear dimensions. LOCK system for fixing the set length – prevents
inadvertent displacement of the spirit level.
Error limit in normal position: 0.5 mm/m
maximum length: 1270 mm
Error limit when extended: 1 mm/m

Technical description

Error limit in normal position 0.5 mm/m

Length 800 mm

maximum length 1270 mm

Error limit when extended 1 mm/m

Type of product Spirit level
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