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Impact screwdriver, Type: GDS18E

Order data

Order number 074170 GDS18E

GTIN 3165140596657

Item class 03B

Description

Version:
Versatile impact screwdriver for powerful screw fastening.
· Especially sturdy due to the metal impact mechanism casing.
· Precise working due to speed pre-selection.
· Reversible for tightening / loosening.
· Comfortable handling thanks to softgrip and well-positioned centre of gravity.
· Hook for attachment to spring suspension.

Technical description

maximum speed 1300 min-1

Tool arbor drive profile External square drive

Number of impacts 1000 - 2600 min-1

Tool arbor size 1/2 in

Power consumption 500 W

Weight 3.2 kg
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maximum vibration to EN 4 m/s2

Manufacturer's designation GDS 18E

maximum screw ⌀ (8.8 - 12.9) M18

maximum torque hard 250 N·m

typical application Strong

Power supply Mains operated

Type of product Impact wrench

USP2
max. screw ⌀ M18, with arbor
1/2 inch external square drive

USP1 250 Nm hard
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