Data sheet /b Hoffmann Group

HOLEX

ER collet chuck Mini slim, HSK-A 63 A = 160, for ER collet size: 16

Order data

Order number 305717 16
GTIN 4062406422561
[tem class 32A
Description

Version:

Balancing quality G6.3 / 20,000 rpm.

- All shanks hard turned (for smooth running!).

- With Balluffchip bore.

- Bored open (= ER11).

- HSK mating faces machined.

Supplied with:

High Speed ER mini nut, precision balanced (G2.5 / 25,000 rpm).
Optional extras:

Coolant tube No. 309880, coolant tube socket wrench No. 309890, ER collets No. 308881 —
309430, ER mini clamping wrench No. 309740.

Machining strategy: HSC

External @ D: 22 mm

Spare ER mini nut No. 309650: 16

Technical description

Spare ER mini nut No. 309650 16
External @ D 22 mm

for ER collets 16 mm
Usable length Ly 70 mm
Adapter HSK-A 63 A =160
Arbor standard DIN 69893
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Arbor standard ISO 12164-1
Shape A

Balance quality G at rotational speed G 6.3 at 20,000 rpm
Concentricity <3 um
Machining strategy HSC
Balluffchip bore yes

Type of product Collet chuck
Accessories

ER collet with seal and spray nozzles Nominal clamping &

d4mm 308922 4
ET cqllet for thr_ead tapping, with axial compensation 300425 3.5
Nominal clamping @ d 3,5 mm

ER collet with seal and spray nozzles Nominal clamping & 308922 7
d7 mm

ER collet with seal Nominal clamping @ d 3 mm 308921 3
ER collet set 10 pieces T-10 mm 309012
ER collet set 10 pieces 1-10 mm with seal and spray 309165
nozzles

ER collet Nominal clamping @ d 2 mm 308901 2
ER collet with seal Nominal clamping @ d 4 mm 308921 4
ER collet Nominal clamping @ d 10 mm 308901 10
ER collet Nominal clamping @ d 3 mm 308920 3
ER collet HP with seal Nominal clamping @ d 3 mm 3093713
ET cqllet for thrfead tapping, with axial compensation 309425 2.8
Nominal clamping @ d 2,8 mm

ER collet Nominal clamping @ d 7 mm 308901 7
ER collet HP with seal Nominal clamping @ d 10 mm 309371 10
ET collet for thread tapping, with axial compensation 300425 4,5

Nominal clamping & d 4,5 mm
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ER collet with seal Nominal clamping @ d 3 mm 308906 3
ER collet with seal Nominal clamping @ d 7 mm 308906 7
ER collet HP Nominal clamping @ d 10 mm 309370 10
ER collet HP Nominal clamping @ d 4 mm 3093704
5R1 E)Or:i:With seal and spray nozzles Nominal clamping & 308922 10
ER collet HP with seal Nominal clamping @ d 5 mm 3093715
ER collet Nominal clamping @ d 3 mm 308901 3
ER collet Nominal clamping @ d 7 mm 3089207
ER collet with seal Nominal clamping @ d 4 mm 308906 4
5R6c:1|r|§t with seal and spray nozzles Nominal clamping & 308922 6
ER collet Nominal clamping @ d 8 mm 308920 8
ER collet with seal Nominal clamping @ d 5 mm 3089215
ER collet HP with seal Nominal clamping @ d 7 mm 3093717
ER collet with seal Nominal clamping @ d 8 mm 3089218
ER collet HP with seal Nominal clamping @ d 6 mm 3093716
ER collet set 10 pieces 1-10 mm with seal 309164

ER collet set 6 pieces, 3,4, 5, 6, 8, 10 mm with seal 309014

ER collet HP with seal Nominal clamping @ d 9 mm 3093719
E@Rdccéllritnl;IP with seal and spray nozzles Nominal clamping 309372 6
ER collet Nominal clamping @ d 1 mm 308920 1

SRSC:]IrIst with seal and spray nozzles Nominal clamping & 308922 8
ER collet Nominal clamping @ d 9 mm 308901 9
ER collet HP with seal Nominal clamping @ d 4 mm 309371 4
ER collet HP with seal Nominal clamping @ d 8 mm 3093718
SRgcr(:]lrlﬁt with seal and spray nozzles Nominal clamping & 308922 3
ER collet with seal Nominal clamping @ d 7 mm 3089217
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ER collet HP Nominal clamping @ d 6 mm
ER collet Nominal clamping @ d 1 mm
ER collet Nominal clamping @ d 9 mm

ER Mini clamping nut for ER 16

ER collet with seal and spray nozzles Nominal clamping &

d9mm

ER collet Nominal clamping @ d 2,5 mm

ER collet HP with seal and spray nozzles Nominal clamping

@ d4mm

ER collet Nominal clamping @ d 2 mm
ER collet Nominal clamping @ d 6 mm
ER collet Nominal clamping @ d 4 mm

ET collet for thread tapping, with axial compensation
Nominal clamping @ d 6 mm

ER collet HP Nominal clamping @ d 9 mm

ER collet with seal and spray nozzles Nominal clamping &

d5mm

ER collet Nominal clamping @ d 5 mm

ER collet with seal Nominal clamping @ d 9 mm
ER collet HP Nominal clamping @ d 1 mm

ER collet set HP with seal (3; 4; 5; 6; 8, 10mm), 425 E
ER collet with seal Nominal clamping @ d 10 mm
ER collet HP Nominal clamping @ d 2 mm

ER collet Nominal clamping @ d 8 mm

ER collet Nominal clamping @ d 1,5 mm

ER collet Nominal clamping @ d 6 mm

ER collet Nominal clamping @ d 4 mm

ER collet HP Nominal clamping @ d 8 mm

ER collet set 10 pieces T-10 mm

ER collet with seal Nominal clamping @ d 6 mm

ER collet HP Nominal clamping @ d 5 mm

3093706
308901 1

3089209
309650 16

308922 9

308901 2,5

3093724

308920 2
308901 6
308920 4

3094256

3093709

308922 5

308901 5
3089219
3093701
309391
308921 10
309370 2
308901 8
308901 1,5
308920 6
308901 4
3093708
309160
308921 6
3093705
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ER collet with seal Nominal clamping @ d 9 mm
ER collet with seal Nominal clamping @ d 8 mm
Wrench for ER Mini nuts for ER collet chuck 16

ER collet with seal Nominal clamping @ d 5 mm

ER collet HP with seal and spray nozzles Nominal clamping
@d8mm

ER collet HP Nominal clamping @ d 7 mm

ER collet with seal Nominal clamping @ d 10 mm
ER collet Nominal clamping @ d 10 mm

ER collet Nominal clamping @ d 5 mm

ER collet HP Nominal clamping @ d 3 mm

ER collet with seal Nominal clamping @ d 6 mm

308906 9
308906 8
309740 16
308906 5

3093728

3093707
308906 10
308920 10
308920 5
3093703
308906 6
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