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General-purpose knife with zinc die-cast handle 18 mm, overall length:
160mm

Order data

Order number 845039 160

GTIN 4062406566111

Item class 82B

Description

Version:
High-quality, retractable blade with extreme sharpness and long service life in precise metal
guidance, locks automatically.
Advantage:
Zinc die-cast handle: High load capacity and hardness, yet very light. Outstanding corrosion
resistance, non-sparking and non-magnetic.
Spare part:
Spare blades see No. 845010 size 10; 845015 size 10; 845016 size 10; 845018 size 50; 845019 size
50; 845021 size 10; 845023 size 50.

Technical description

Blade length 100 mm

Blade width 18 mm

Number of snap-off points 8

Blade thickness 0.5 mm

overall length 160 mm

Material of handle Zinc die-cast

Type of product Cutter knives
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Accessories

Snap-off “experience” blades set, 10 pieces, 18 mm number
10

845010 10

Snap-off “longlife” blades set, 10 pieces, 18 mm number 10 845015 10

“experience” blades set, 10 pieces, 18 mm, not snap-off
number 10

845016 10

Snap-off “experience” blades set, 50 pieces, 18 mm number
50

845018 50

Snap-off “longlife” blades set, 50 pieces, 18 mm number 50 845019 50

Snap-off “multisharp” blades set, 10 pieces, 18 mm number
10

845021 10

Snap-off “multisharp” blades set, 50 pieces, 18 mm number
50

845023 50
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