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Adjustable magnetic link 3 faces magnetic, Ferrite

Order data

Order number 085962
GTIN 5012095050957
Item class 08Q
Description

Version:

Magnetic blocks can be fixed at any angle.
Temperature-resistant up to maximum 100 °C, 3 magnetic faces.

Technical description

Single block height 25 mm
Single block width 29 mm
maximum temperature resistance 100 °C
maximum nominal clamping force 120N
Length single block 60 mm
Material of the magnet core Ferrite
Type of product Magnetic link
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