
Data sheet

TextFlow 12

Halogen lamp with stand, 230 V, Power consumption: 400 W

Order data

Order number 081222 400

GTIN 4003644013548

Item class 08B

Description

Version:
Die-cast aluminium housing with bulb and aluminium reflector. Splashproof. On/ off switch on
casing.
Steplessly adjustable steel tube stand 0.8 m to 1.9 m with reinforcing struts and removable
halogen lamp.
Attention:
German version. Order free UK adapter plug No. 08 1172_GB.
Illumination: 9200 lm
Energy efficiency class : C

Technical description

Energy efficiency class C

Power consumption 400 W

Illumination 9200 lm

Bulb Halogen floodlight

Product name attribute 230 V
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Operating voltage 250 V

Ex-protected No

Accessories

Replacement halogen bulb  Power consumption 400 W 081225 400
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