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KOMET KUB® V464 centring point, HSS, TiAlN, Type: 80

Order data

Order number 236662 80

GTIN 4047109090156

Item class 24M

Technical description

⌀ d2 16 mm

suitable for drilling head 80 − 110 mm

Grade TiAlN

Suitability Cast iron

Suitability Inox

Type of product
Cutter insert for centre

drilling and spot drilling
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