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Compact clamp Duo

Order data

Order number 370260

GTIN 4045197312914

Item class 39K

Description

Version:
· With 2 different clamping arms (straight or cranked).
· Lifting possible also by turning the clamping arm.
Optional extras:
See No. 370350 − 370560.
Note:
Special screws No. 370450 – 370470 not included.
maximum clamping force with clamping arm position − pushed in: 11 kN
maximum clamping force with clamping arm position − pulled out: 8 kN
Length L: 120 mm
Width B: 40 mm
Height H: 95 mm
Throat A (cranked clamping arm): 48 - 91 mm

Technical description

Clamping height downwards S (straight clamping arm) 0 - 80 mm

Throat A (straight clamping arm) 46 - 88 mm

Clamping height upwards S (straight clamping arm) 52 - 142 mm

Clamping height downwards S (cranked clamping arm) 38 - 129 mm

Throat A (cranked clamping arm) 48 - 91 mm
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Clamping height upwards S (cranked clamping arm) 4 - 94 mm

maximum clamping force with clamping arm position −
pushed in

11 kN

maximum clamping force with clamping arm position −
pulled out

8 kN

Height H 95 mm

Width B 40 mm

Length L 120 mm

Series Duo

Type of product Compact clamp

Accessories

Clamping wrench 11 AF for Monobloc, Duo, and chain
clamp

370350
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