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Dial thickness gauge, Measuring range: 0-10mm

Order data

Order number 438210 0-10

GTIN 4045197204356

Item class 42C

Description

Version:
Dial thickness gauge with lift-off lever (gauging force is independent of the user). Lightweight
frame, painted. Measuring faces hardened and ground.
Lapped measuring faces.

Technical description

Measuring range 0 - 10 mm

Scale divisions 0.01 mm

Error limit 0.02 mm

Measuring face ⌀ 10 mm

Throat 30 mm

Standard Manufacturer’s standard

Type of product Dial thickness gauges

Measurement technology analogue
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Packaging sturdy box

Calibration C6

Services

CalibrationDial thickness gauge maximum measuring
range 200

023420 200

CalibrationDial indicator analogue 0.01 and digital 0.01 /
0.001 maximum measuring span 10 mm

023000 10

DAkkS calibrationDial thickness gauge maximum
measuring range 30

023430 30
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