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TWINNUT nut, Thread: M20

Order data

Order number 375392 M20

GTIN 4020772381899

Item class 35A

Description

Version:
Two-part threaded nut for quick assembly applications. Tightening capability equal to standard
nut of strength class 10.
Nut with collar.
Advantage:
Quick fitting on to threaded rods that are long, corroded, up to 20° bent or damaged.
Overall height: 26 mm

Technical description

Thread M20

Overall height 26 mm

Type 6333S

Type of product Nut
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