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Pair of bench inspection rollers

Order data

Order number 431705
GTIN 4030234000404
[tem class 46K
Description

Version:

Made of dense special casting. Each with 2 rollers mounted on ball bearings, to accept cylindrical
components.

@ range: 25-150 mm

Tip height: 147 (atd = 25) mm

Width of T-nut h6: 14 mm

Weight per pair: 15 kg

maximum load capacity: 150 kg

Technical description

Weight per pair 15 kg

Tip height 147 (atd = 25) mm
maximum load capacity 150 kg

Width of T-nut h6 14 mm

@ range 25-150 mm
Type of product Bench inspection roller
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