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Burr Tooth profile − FVK, Carbide, Type: AZB0625

Order data

Order number 547310 AZB0625

GTIN 4007220869048

Item class 55F

Description

Version:
The special tooth geometry generates reduced cutting forces and avoids frayed fibres. Shape
A cylindrical (ZYA).
Cutter geometry ideal for hard CRP/GRP with fibre content > 40 %.
With centring drill tip. With centring drill tip.
Application:
Side milling, contour milling and deburring (especially of fibre-reinforced plastics).
Shank ⌀: 6 mm
End face profile: Centring drill tip
Head ⌀: 6 mm
Head length L1: 25 mm
Overall length: 65 mm
Shank ⌀: 6 mm

Technical description

Shape AZB0625

Overall length 65 mm
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End face profile Centring drill tip

Type of cut FVK

Head ⌀ 6 mm

Head length L1 25 mm

Shank ⌀ 6 mm

Tool material Carbide

Type of product Burr
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