
Data sheet

TextFlow 12

Converter with pin, Type: 4

Order data

Order number 650000 4

GTIN 4045197214393

Item class 62D

Description

Version:
With spring pin.
Application:
As adapter to allow sockets with internal square drives to be driven by power screwdrivers with
internal hexagon drives.
Material:
Chrome vanadium steel, phosphated.
overall length: 75 mm
Square drive: 3/8 inch
Machine drive: E 11.2 (7/16 inch)

Technical description

Machine drive E 11.2 (7/16 inch)

Drive profile Hexagon coupling

Square drive 3/8 inch

overall length 75 mm

Standard DIN 7428

Material Chrome vanadium steel

Surface phosphated

suitable for machine use yes
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