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Circlip pliers set, 20 pieces for internal and external circlips

Order data

Order number 700170

GTIN 3148515415005

Item class 73R

Description

Version:
Forged grip and joint, interchangeable tips (clamping screw). Pliers chrome-plated, plastic
coated handles. With opening spring and steplessly adjustable opening stop.
Standard:
DIN 5256 C und D − für Innensicherungsringe.
DIN 5254 A und B − für Außensicherungsringe.
Supplied with:
1 each circlip pliers for internal and external circlips with 9 pairs of interchangeable tips (3× pairs
each straight, 45° angled and 90° angled).

Technical description

Tip ⌀ for external circlip pliers 0.9; 1.3; 1.8 mm

for internal circlip ⌀ 8 – 12; 12 – 25; 19 – 63 mm

for external circlip ⌀ 3 – 10; 10 – 25; 19 – 63 mm

maximum overall length of internal circlip pliers 180 mm

maximum overall length of external circlip pliers 180 mm
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Number of pliers 2

Tip ⌀ for internal circlip pliers 0.9; 1.3; 1.8 mm

Use of circlip pliers Outer ring, angled

Use of circlip pliers Outer ring, straight

Use of circlip pliers Inner ring, angled

Use of circlip pliers Inner ring, straight

Storage in Plastic case

Standard DIN 5254 A and B

Standard DIN 5256 C and D

Tip exchangeable yes

Type of product Circlip Pliers
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