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Centre drill set HSS-E-PM No. 111105 in a case, TiAlN, Type: 7

Order data

Order number 111155 7

GTIN 4045197923813

Item class 11A

Description

Version:
Composed of centre drills DIN 333.
Content:
Centre drill No. 111105, 1 pc. each in size 0.5; 1; 1.6; 2; 2.5; 3.15; 4.
Shank: Parallel shank to h7
Number of drills: 7

Technical description

Number of drills 7

Coating TiAlN

Tool material HSS E PM

Standard DIN 333

Type A

Tolerance nominal ⌀ k12
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Countersink angle 60 °

Shank Parallel shank to h7

Colour ring without

Type of product convex

Accessories

Centre drill HSS-E-PM A Nominal ⌀ DC k12 3,15 mm 111105 3,15

Centre drill HSS-E-PM A Nominal ⌀ DC k12 1,6 mm 111105 1,6

Centre drill HSS-E-PM A Nominal ⌀ DC k12 4 mm 111105 4

Centre drill HSS-E-PM A Nominal ⌀ DC k12 1 mm 111105 1

Centre drill HSS-E-PM A Nominal ⌀ DC k12 0,5 mm 111105 0,5

Centre drill HSS-E-PM A Nominal ⌀ DC k12 2,5 mm 111105 2,5

Centre drill HSS-E-PM A Nominal ⌀ DC k12 2 mm 111105 2

Case for centre drills to DIN 330 7-piece  Type 7 111109 7
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