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TextFlow 12

Flat nose pliers chrome-plated VDE insulated, overall length: 160mm

Order data

Order number 710300 160

GTIN 4003773033783

Item class 73F

Description

Version:
With short strong jaws (flat). Serrated inside jaws.
Pliers chrome-plated, handles with multi-component covering, insulation up to 1000 V to DIN
EN IEC 60900 / VDE 0682-201.
Standard:
DIN ISO 5745
Material:
Special tool steel, drop-forged, and oil-hardened.

Technical description

overall length 160 mm

Jaw length 30 mm

Jaw design flat

Standard DIN EN IEC 60900 / VDE 0682-201

Standard DIN ISO 5745

insulated up to AC 1000 V

insulated up to DC 1500 V

Type of jaws inner face roughened

Handle Multi-component covering
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Material
Special tool steel, drop-
forged and oil-hardened

Surface of pliers chrome-plated

Type of product Flat-nose pliers
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