Data sheet /b Hoffmann Group

Electronics tool kit, 118 pieces without case

Order data

Order number 680405
GTIN 2050001016805
[tem class 66H
Description

Content:

GARANT calipers: 1 pc. No. 410100 size 150

Stahlwille® combination spanner: 1 pc. each No. 613500 size 3.2;4; 5;5.5;7;8;10; 11; 13
Hexagon key L-wrenches: 1 pc. each No. 626038 size 0.7; 0.9

1 pc. each No. 626037 size 1.3; 1.5; 2; 2.5; 3;4; 5

1 pc. each No. 626039 size 1/16; 3/32; 1/8; 3/16

GARANT socket set 1/4 inch: 1 pc. No. 630325 size SD (41 pieces)

PB Swiss Tools electrician’s slot-head screwdriver: 1 pc. each No. 663000 size 2; 2.5; 3.5; 4; 5.5
PB Swiss Tools slot-head screwdriver, short: 1 pc. each No. 664100 size 5.5; 8

PB Swiss Tools offset screwdriver for slot-head: 1 pc. each No. 664800 size 4; 5.5

PB Swiss Tools offset screwdriver for Phillips: 1 pc. each No. 669400 size 1; 2

PB Swiss Tools screwdriver for Phillips: 1 pc. each No. 668000 size 0; 1; 2; 1K; 2K
Inspection mirror: 1 pc. No. 081620 size 23

Wera electronics slot-head screwdriver: 1 pc. each No. 669900 size 2.5; 3; 4

Wera electronics screwdriver for Phillips: 1 pc. each No. 669905 size 0; 1

Wera Pozidriv electronics screwdriver: 1 pc. No. 669910 size 0

KNIPEX® water pump pliers Cobra®: 1 pc. No. 705800 size 125

pair anti-magnetic tweezers, pointed: 1 pc. No. 727520 size AM

pair anti-magnetic tweezers, shouldered / flat tips: 1 pc. No. 727580 size AM

pair anti-magnetic reverse action tweezers, angled / flat tips: 1 pc. No. 727700 size AM
pair anti-magnetic extraction tweezers for micro packages: 1 pc. No. 727840 size AM
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pair anti-magnetic tweezers, fully insulated, pointed: 1 pc. No. 727920 size AM
Assembly forceps: 1 pc. No. 727950 size 200

GARANT electronics side cutter: 1 pc. No. 726210 size 125

GARANT electronics snipe-nosed pliers: 1 pc. No. 727170 size 140
GARANT electronics flat-nose pliers: 1 pc. No. 727165 size 140
GARANT vanadium side cutters: 1 pc. No. 723040 size 160

GARANT automatic wire strippers: 1 pc. No. 728613 size 6

Varnish stripping tweezers: 1 pc. No. 728770 size 120

Cable cutter, small: 1 pc. No. 730100 size 160

Parallel pin punch with sleeve: 1 pc. No. 748201 size 9 (0.9 - 5.9 mm)
Engineer's hammer with hickory handle: 1 pc. No. 750100 size 100
Tajima general-purpose knife with snap-off blades: 1 pc. No. 844900
Adjustable spanners: 1 pc. No. 813961 size 150

Insulating tape, black: 1 pc. No. 083654 BLACK

Torch, LED light: 1 pc. No. 081437 BLACK

Note:

Tools are supplied loose.

Technical description

Article no of the battery / rechargeable battery fitted 081557 LR3
Number of batteries contained 3
Power supply Battery-powered
Type of product Tool set
Accessories

Hexagon key L-wrenchnickel-plated Hexagon 1,5 mm 626037 1,5
Hexagon key L-wrenchnickel-plated Hexagon 3/16 in 626039 3/16
Electrician’s screwdriver for slot-head, Classicfully insulated

Blade width b 4 mm 6630004
Electrician’s screwdriver for slot-head, Classicfully insulated

Blade width b 5,5 mm 2222
girewdnver for Phillips, with plastic handle Cross-head size 663000 2K
Combination spanner Width across flats 5,5 mm 613500 5,5
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Plastic wallet for hexagon key L-wrenches Type 8
Screwdriver for slot-head, short Blade width b 8 mm
Inspection mirror Mirror dimensions 23 mm

Wire stripping tool for conductor cross-section 6 mm2

Electrician’s screwdriver for slot-head, Classicfully insulated
Blade width b 2 mm

Insulating tape Colour BLACK
Hexagon key L-wrenchnickel-plated Hexagon 5 mm
Combination spanner Width across flats 3,2 mm

Engineer’s hammer withHandle protection sleeve Weight
without handle 100 g

Screwdriver for Phillips, with plastic handle Cross-head size
1

Combination spanner Width across flats 7 mm
Combination spanner Width across flats 10 mm
Combination spanner Width across flats 5 mm
Hexagon key L-wrenchphosphated Hexagon 0,9 mm

Extraction tweezers for micropackages 8 - 14 pins Material
AM

Electrician’s screwdriver for slot-head, Classicfully insulated
Blade width b 2,5 mm

Screwdriver for slot-head, short Blade width b 5,5 mm
Electronics screwdriver for PhillipsESD Cross-head size 0

Assembly forceps with ratchet clamp overall length 200
mm

Offset screwdriver for slot-head Blade width b 4 mm
Hexagon key L-wrenchnickel-plated Hexagon 4 mm

Heavy-duty side cutter, chrome-plated, with grips overall
length 160 mm

Hexagon key L-wrenchnickel-plated Hexagon 3/32 in

Electronics screwdriver for slot-headKraftform Micro, ESD
Blade width b 2,5 mm

626250 8
664100 8
081620 23
728613 6

663000 2

083654 BLACK
626037 5
613500 3,2

750100 100

668000 1

6135007
613500 10
613500 5
626038 0,9

727840 AM

663000 2,5

664100 5,5
669905 0

727950 200

664800 4
626037 4

723040 160
626039 3/32

669900 2,5
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Hexagon key L-wrenchnickel-plated Hexagon 1/16 in

Screwdriver for Phillips, with plastic handle Cross-head size
2

Combination spanner Width across flats 8 mm

Hexagon key L-wrenchnickel-plated Hexagon 2,5 mm
Offset screwdriver for Phillips Cross-head size 1

Hexagon key L-wrenchnickel-plated Hexagon 1,3 mm
Tweezers Form AA straight, insulated Material AM
Electronics flat-nosed pliers Overall length 140 mm
Electronics screwdriver for PozidrivESD Cross-head size 0
Vernier caliper Measuring range 150 mm

LED torchwith batteries Colour BLACK

Hexagon key L-wrenchnickel-plated Hexagon 3 mm

Electronics screwdriver for slot-headKraftform Micro, ESD
Blade width b 4 mm

Electronics side cutter, standard head shape Overall length
125 mm

Electronics screwdriver for PhillipsESD Cross-head size 1
Combination spanner Width across flats 4 mm

Pin punch set with guide sleevein plastic wallet Number of
pin punches 9

Screwdriver for Phillips, with plastic handle Cross-head size
1K

Electronics screwdriver for slot-headKraftform Micro, ESD
Blade width b 3 mm

Small cable cutter overall length 160 mm

Adjustable spanner with coated handle overall length 150
mm

Screwdriver for Phillips, with plastic handle Cross-head size
0

Combination spanner Width across flats 11 mm

626039 1/16

668000 2

6135008
626037 2,5
669400 1
626037 1,3
727920 AM
727165 140
669910 0
410100 150
081437 BLACK
626037 3

669900 4

726210125

669905 1
613500 4

7482019

668000 1K

669900 3
730100 160

813961 150

668000 0

613500 11
727580 AM
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Tweezers shouldered, flat tips 2.5 mm wide 120 mm, Form
2a Material AM

Combination spanner Width across flats 13 mm
Offset screwdriver for slot-head Blade width b 5,5 mm
Hexagon key L-wrenchphosphated Hexagon 0,7 mm
Hexagon key L-wrenchnickel-plated Hexagon 1/8 in

Varnish stripping tweezers with 0.6 mm blades overall
length 120 mm

Electronics snipe-nosed pliers Overall length 140 mm
Socket set 1/4 inch square drive41 pieces Type SD
Tweezers pointed, 125 mm Form AA Material AM

Cross-lock tweezers rounded / angled tips, 160 mm
Material AM

Hexagon key L-wrenchnickel-plated Hexagon 2 mm
General-purpose knifewith 3 blades, 9 mm
Offset screwdriver for Phillips Cross-head size 2

Electrician’s screwdriver for slot-head, Classicfully insulated
Blade width b 3,5 mm

Combination spanner Width across flats 9 mm
Combination spanner Width across flats 6 mm

Water pump pliers Cobra® chemically blacked overall
length 125 mm

613500 13
664800 5,5
626038 0,7
626039 1/8

728770120

727170 140
630325 SD
727520 AM

727700 AM

626037 2
844900
669400 2

663000 3,5

6135009
613500 6

705800 125
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