Data sheet /b Hoffmann Group

Precision scraper with exchangeable blade Tool steel

Order data

Order number 836400
GTIN 7290003236701
[tem class 83G
Description

Version:

Light alloy holder (120 mm long) with collet chuck and interchangeable detachable three-square
hollow section blade of special tool steel or carbide. Blade can be taken out and reground
along its entire length.

Note:

See also scraper blades No. 839677; 839678.

Blade length: 80 mm

Blade width: 4.2 mm

overall length: 120 mm

Technical description

overall length 120 mm
Blade width 4.2 mm
Blade length 80 mm
Type of handle hexagonal 12 mm
Material of blade Tool steel
Exchangeable blade yes

Type of product Scrapers
Accessories
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Mini scraper blade, straight

Mini scraper blade, cranked

Spare blade straight (80x4.2 mm) Tool steel

Spare blade straight (50x3.2 mm) Carbide

Spare blade straight (75x3.2 mm) HSS

839677
839678
836410
836420
836425
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