
Data sheet

TextFlow 12

Pivoting carrier jaw movable, Type: 125

Order data

Order number 361338 125

GTIN 4250364403306

Item class 34A

Description

Application:
Carrier jaws can accept the gripp inserts No. 361238; 361240; 361245; 361250 and also the gripp
inserts No. 361160.
Mobile pivoted jaws compensate non-parallel clamping faces. Grip inserts can be screwed into a
variety of hole patterns for clamping various geometries.
Suitable for :
Bench vice No. 361290; 361302.

Technical description

Jaw width b 189 mm

c 24 mm

c1 53.5 mm

Jaw height h 20 mm

Jaw length l 103.5 mm

Clamping range maximum round 330 mm

Clamping range minimum round 50 mm

Clamping range maximum square 489 mm

Clamping range minimum square 25 mm
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suitable for colour code Titan

suitable for colour code Titan 2

suitable for colour code LCV125G

Type of product Vice jaws
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