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Measuring tool set, Number of measuring tools: 6

Order data

Order number 419151 6

GTIN 4045197973849

Item class 41A

Description

Supplied with:
Supplied in a wooden case.
1 pc. digital GARANT caliper No. 412680 size 150 mm.
1 pc. GARANT external micrometer No. 420402 size 0 − 25 mm.
1 pc. GARANT bevel square No. 450010 size 100×70 mm, accuracy DIN 875/00.
1 pc. GARANT straight-edge No. 460095 size 100 mm long.
1 pc. GARANT steel rule EG I No. 461770 size 150 mm.
1 pc. precision spring dividers No. 457000 size 120 mm long with interchangeable tips.
Type of product: Measuring tool set

Technical description

Number of measuring tools 6

Number of batteries contained 1

Article no of the battery / rechargeable battery fitted 081560 CR2032

Power supply Battery-powered

Packaging Wooden case

Calibration S1
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Type of product Measuring tool set

Services

Calibration Measuring tool set Set contents 6 011040 6

Labelling laser-etched Type 018940

Calibration Measuring tool set Set contents 6 020400 6

Accessories

Bevel edge square, flat version stainless, accuracy class 00
Stock length 100X70 mm

450010 100X70

Digital caliper IP54 with data output Measuring range 150
mm

412680 150

Steel rule, stainless  Length 150 mm 461770 150

Steel spare points set 2 pieces 457010

External micrometer  Measuring range 0-25 mm 420402 0-25

Case for measuring tool set  Number of recesses 6 419200 6

Stainless straight edge in a case  Length 100 mm 460095 100

Spring dividers with points  Length L 120 mm 457000 120
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